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PRODUCT DIMENSIONS

Dimensions In Inches

A50, A60

Module *Max Neck

12x12 9x9

24x12 21x9

24x24 21x21

48x24 45x21

*When using a module for Lay-In T-Bar ceiling, this is the 
maximum neck size for specified module
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PRODUCT DIMENSIONS

Dimensions In Inches

A52, A62

DUCT
SIZE
PLUS
1 3/4

DUCT SIZE PLUS 1 3/4

9/16

A62 A52

DUCT
SIZE

MINUS
5/8

2 1/2

3/4

Damper Detail

LISTED SIZE
+ 1 3/4

1 1/4

1 1/4

SF Margin Style
MODULE SIZE

- 1/4

1/4

2

LT Margin Style

Module *Max Neck

12x12 9x9

24x12 21x9

24x24 21x21

48x24 45x21

*When using a module for Lay-In T-Bar ceiling, this is the 
maximum neck size for specified module
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PRODUCT DIMENSIONS

Dimensions In Inches

A54, A64

Module *Max Neck

12x12 9x9

24x12 21x9

24x24 21x21

48x24 45x21


