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4" INLET REDUCER
SEE NOTE 5 & 6

NOTES:
DUCT IS FABRICATED WITH 22G.A. GALVANIZED STEEL1.
OPTIONAL FRESH AIR INLET IS SHOWN ON RIGHT HAND SIDE ABOVE2.
FRESH AIR INLET IS AVAILABLE ON LEFT OR RIGHT HAND OF UNIT.3.
FRESH AIR UNITS REQUIRE SERVICE ACCESS TO BOTH SIDE ACCESS4.

           PANELS FOR MOTOR/BLOWER REMOVAL.
SIZE 4" IS A SIZE 6" DUCT DIAMETER WITH REDUCER.5.
AIRFLOW SENSOR: SIZE 4" UTILIZE SINGLE-AXIS LINEAR AVERAGING PROBE.6.
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RIGHT SIDE ACCESS

HORIZONTAL DIRECT DRIVE UNIT INLET VALVE
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LEFT SIDE ACCESS

VERTICAL DIRECT DRIVE UNIT INLET VALVE

NOTES:
HORIZONTAL DIRECT DRIVE FRESH AIR INLET HAVE TOP AND BOTTOM ACCESS FOR THE CONTROLLER1.
VERTICAL DIRECT DRIVE FRESH AIR INLET HAVE LEFT AND RIGHT ACCESS FOR THE CONTROLLER2.
HORIZONTAL DIRECT DRIVE/VERTICAL DIRECT DRIVE BOTTOM ACCESS/LEFT SIDE ACCESS TO BE 3.

           ACCESSIBLE ON THE FIELD BY FLIPPABILITY OPTION.
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